
NOTES:
1. RoHS: EXEMPT
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VALUE
WEIGHT (lbs) 1.2
WARM-UP TIME 10
RMS NOISE 30 Hz - 10 MHz: 1.0%
INPUT VOLTAGE (V) 220
OPERATING LIFETIME 
(HOURS) 12,000
MINIMUM OUTPUT 
POWER, TEM00 (mW) 0.5
LONGITUDINAL MODE 
SPACING, NOMINAL 
(MHz)

1090
LASER CLASS - CDRH II
COLOR RED
OUTPUT POWER (mW) 0.5
BEAM DIAMETER (mm) 0.48 ± 3
BEAM DIVERGENCE 
(mrad) 1.7
POLARIZATION Random
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