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Coating Specification: 
R (AVG) S & P > 99.90% @ 1310nm @ 45° AOI
R (avg) > 99.7% @ 1260 - 1360nm @ 45° AOI

Theoretical Reflection Curve

1310nm P-Pol.

1310nm S-Pol.

1310nm TECHSPEC Low GDD Dielectric Ultrafast Laser Mirrors

Learn More Contact Us

https://www.edmundoptics.com/knowledge-center/application-notes/lasers/anti-reflection-coatings/
https://www.edmundoptics.com/contact-support/
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GDD Specification: 
GDDs: ±20 fs2 @ 1260 - 1360nm @ 45° AOI
GDDp: ±30 fs2 @ 1285 - 1335 nm @ 45° AOI

Theoretical GDD Curve

1310nm P-Pol.

1310nm S-Pol.

1310nm TECHSPEC Low GDD Dielectric Ultrafast Laser Mirrors

Learn More Contact Us

https://www.edmundoptics.com/knowledge-center/application-notes/lasers/anti-reflection-coatings/
https://www.edmundoptics.com/contact-support/
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